Sealed Magnetic Couplings /

SUS Cover

(300 Series Stainless Steel) Resin Cover (PVC)

Cover

Magnet : Neodymium magnet
. 300-series stainless steel or PVC
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Made-To-Order ltems / TDQ Stainless Steel Cover
Maximum
Dimensions Transmissible Torque
HIEGLE IEGLE! (N-m) and Air Gap
(Set) (Individual)
B B J J
A . . C D E F G H | . . 5 mm 10 mm
Dimensions| Tolerance Dimensions| Tolerance
TDQ6060-08 | TDE60-08 | 60 15 25 | 16 |16.6| 10 22 1 8.2 | 10 13 2.059 0.716
TDQ7070-08 | TDE70-08 | 70 20 25 | 20 |(16.6| 10 | 30 | 8.2 | 10 17 3.707 1.52
TDQ8080-08 | TDE80-08 | 80 20 +0.05 30 | 20 [21.5] 10 30 | 82| 15 17 +0.1 6.238 2.863
TDQ100100-08) TDE100-08 | 100| 20 0 30 | 20 |215/ 10 | 30 | 82| 15 17 +0.02 12384 | 6.404
TDQ120120-10| TDE120-10 | 120 25 42 | 25 | 22 | 15 38 | 11 20 21 21.153 11.082
TDQ150150-12| TDE150-12 | 150 35 50 | 25 | 22 | 15 55 | 11 28 30 47.243 25.917
The product data shown above are measured at room temperature.
Made-To-Order Items / QDQ Resin Cover
Maximum Transmissible
Dimensions Torque (N-m)
Model Model and Air Gap
(Set) (Individual)
A . . . . C D E F G H | . ! . . 5 mm 10 mm
Dimensions| Tolerance Dimensions| Tolerance
QDQ6060-08 | QDE60-08 | 60 15 25 16 [ 19 | 10 | 22 | 8.2 | 10 13 2.059 0.716
QDQ7070-08 | QDE70-08 | 70 20 +°(')05 25 | 20 | 19 | 10 | 30 | 8.2 | 10 17 ++00612 3.707 152
QDQ8080-08 | QDE80-08 | 80 20 30 | 20 | 24 |10 | 30 | 82 | 15 17 6.238 2.863

The product data shown above are measured at room temperature.



